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PART TEMP RANGE IC PACKAGE

MAX8505EEE 0°C to +70°C 16 QSOP

DESIGNATION QTY DESCRIPTION

C1, C2 2
22μF ±20%, 6.3V X5R ceramic
capacitors (1206)
TDK C3216X5R0J226M

C3 0 Not installed, capacitor (0603)

C4 1
47μF ±20%, 6.3V X5R ceramic
capacitor (1210)
TDK C3225X5R0J476M

C5, C7 2
0.1μF ±10%, 50V X7R ceramic
capacitors (0603)
TDK C1608X7R1H104KT

C6 1

0.033μF ±10%, 16V X7R ceramic
capacitor (0603)
Murata GRM39X7R333K025 or
Taiyo Yuden EMK107BJ333KA

C8 1
220pF ±10%, 50V X7R ceramic
capacitor (0603)
TDK C1608X7R1H221K

C9 1

3300pF ±10%, 50V X7R ceramic
capacitor (0603)
Murata GRM188R71H332K or
TDK C1608X7R1H332K

C10, C11 2

0.1μF ±10%, 10V X5R ceramic
capacitors (0402)
Murata GRP155R61A104K or
TDK C1005X5R1A104K

DESIGNATION QTY DESCRIPTION

C12, C13 2
470μF ±20%, 6.3V POSCAP (D4)
Sanyo 6TPB470M

D1 1

100mA, 30V Schottky diode
(SOD-523)
Central Semiconductor CMOSH-3
(Top Mark 53)

JU1 1 2-pin header

L1 1
1.0μH inductor
TOKO FDV0630-1R0M

R1 1 49.9kΩ ±1% resistor (0603)

R2 1 11.3kΩ ±1% resistor (0603)

R3 1 22.6kΩ ±1% resistor (0603)

R4 1
N ot i nstal l ed , shor ted  w i th P C  tr ace
( 0603) 

R5 1 200kΩ ±5% resistor (0603)

R6 1 20kΩ ±5% resistor (0603)

R7 1 10Ω ±5% resistor (0603)

U1 1 MAX8505EEE (16-pin QSOP)

None 1 Shunt

None 1 MAX8505 PC board

http://www.maxim-ic.com.cn
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SUPPLIER PHONE FAX WEBSITE

Central Semiconductor 631-435-1110 631-435-1824 www.centralsemi.com

Murata 770-436-1300 770-436-3030 www.murata.com

Taiyo Yuden 800-348-2496 847-925-0899 www.t-yuden.com

TDK 847-803-6100 847-390-4405 www.component.tdk.com

TOKO 847-297-0070 847-699-1194 www.toko.com

SHUNT
LOCATION

CTL PIN MAX8505 OUTPUT

Not installed
Connected to 200kΩ
pulldown resistor

MAX8505 disabled

Installed
(default)

Connected to VIN
MAX8505 enabled,
VOUT = 1.2V

http://www.centralsemi.com
http://www.murata.com
http://www.t-yuden.com
http://www.component.tdk.com
http://www.toko.com


_______________________________________________________________________________________ 3

D1
C7

0.1μF

5
2

4

C3
OPEN

R1
49.9kΩ�

1%

C8
220pF

9

R5
200kΩ
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20kΩ
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C10
0.1μF
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470μF
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0.033μF

11

13

12

15

GND

PGND

PGND

REF

R3
22.6kΩ
1%

10

1

3

14

16

LX

LX

LX

LX

FB

C9
3300pF

L1
1μH

R2
11.3kΩ�
1%

C11
0.1μF

C4
47μF
6.3V

VOUT

GND

COMP

CTL

POK

VCC

IN

IN

MAX8505
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VIN
2.6V TO 5.5V

GND

BST
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